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POPULAR RACK PDU PART NUMBERS

Part Number Intelligence Level Outlet Configuration | Breaker Count

PX4-132AWA-E7M26V2 Input Metered (18) C13, (18) Cx 6
PX4-1551WA-E7M26V2 Input Metered ou (12) C13, (12) Cx 6
PX4-532AWA-E7M26V2 Outlet Metered with Outlet Control ou (18) C13, (18) Cx 6
PX4-5551WA-E7M26V2 Outlet Metered with Outlet Control ou (12) C13, (12) Cx 6

Color-coding options are available; however, they may incur moderate customization costs and add to the order’s lead time.
Some availability restrictions apply.Not all part numbers are listed. Please contact a representative for a full portfolio of options.
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1-Phase Cord Options

DTCORD-L630 NEMA L6-30P 200-240V / 24A 4.8 -5.8 NAM
DTCORD-1P32 IEC60309 32A 200-240V / 32A 6.4-77 EU
IEC60309 30/32A 200-240V / 24A 4.8 -5.8 Ww
DTCORD-1P3G*
IEC60309 30/32A 200-240V / 32A 6.4-77 Www
DTCORD-1P60 IEC60309 60A 200-240V / 48A 9.6 - 115 NAM
DTCORD-1P63 IEC60309 63A 200-240V / 63A 12.6 - 15.1 EMEA/APAC

3-Phase Delta Cord Options

DTCORD-L1530 NEMA L15-30P Delta 208-240V / 24A 8.6 -10 NAM
DTCORD-CS836 CS8365C Delta 208-240V / 40A 14.4 - 16.6 NAM
DTCORD-3P60 IEC60309 60A 3P Delta 208-240V / 48A 17.3 - 20 NAM

3-Phase Wye Cord Options

DTCORD-L213D NEMA L21-30P Wye 190-208V / 24A 79 -8.6 NAM

DTCORD-L2230 NEMA L22-30P Wye 346-415V / 24A 14.4 -17.3 NAM

DTCORD-3P32 IEC60309 32A 3PY Wye 346-415V / 32A 19.2 - 23 EU
IEC60309 30/32A 3PY Wye 346-415V / 24A 14.4-17.3 Ww

DTCORD-3P3G'
IEC60309 30/32A 3PY Wye 346-415V / 32A 19.2 - 23.0 Ww
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22 APAC = Asia Pacific; EMEA = Europe, Middle East, Africa; EU = Europe, NAM = North America; WW = Worldwide
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